) KYOCERA
TAV/XS

Temperature sensor

94081

NTC Sensor
Connector Dimensions
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Cewindeauslaul und . Mediendichtring 5.6x2.2
Gegenstel le nach DIN
150 6149-1
Kunststof fgehsuselMetsl Ispitze
Media Liquid media e.g. water, oil Plastic thread M12 x 1.5
Temperature range -40°Cto + 140 °C Connector MLK 1.2,
Female connector on request
Nominal resistance 2521 Q (20 °C)/ 190 Q (100 °C) * Sealing concept O-ring media dependent
Response time T90<10s Protection range 1P6k9k
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